


Ref. Certif. No.

SI-3328

Model / Type Ref.:

KMx15-y

“x’’canbe S,Dor T

S= Single output

D= Dual output

T= Triple output

“y*’ canbe 3P3, 5, 7P35, 9, 12, 15, 24, 55, 1212, 1515, 51212 or 51515
Ratings and principal characteristics:

I/P: 100-240 Vac; 47-63 Hz; 0,32-0,17 A

O/P:

Model Name Output Ratings

(output dc voltage / output current)
KMS15-3P3 33V/3A

KMS15-5 5V/3A

KMS15-7P35 735V /2,04 A

KMS15-9 9V/1,666 A

KMS15-12 12V/1,25A

KMS15-15 I5SV/1A

KMS15-24 24V /0,625 A

KMD15-55 +5V/1,5A;-5V/15A
KMD15-1212 +12V/0,625 A;-12V /0,625 A
KMD15-1515 +15V/0,5A;-15V/05 A
KMT15-51212 | +5V/2A;+12V/0,2A;-12V/02A
KMT15-51515 | +5V/2A;+15V/0,15A;-15V/0,15A

Additional information (if necessary)
Information complémentaire (si nécessaire)
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